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NEXT GENERATION POWERFUL HARDWARE PLATFORM
SERIAL CONSOLE SERVER FOR HIGH PERFORMANCE

SERIAL ACCESS

m  Powerful 16Hz CPU engine, with
an 8-fold increase in RAM

The Dominion SX Il is Raritan’s next-generation Serial Console Server (Terminal
Server) that provides IT and network administrators secure IP access and control
of serial devices, anytime, anywhere. The new SX Il is the most powerful, secure,
reliable, easy-to-use serial-over-IP device on the market. SX Il provides convenient
access to networking devices, servers, PDUs, telecommunications and other serial
devices. ®=  Dual power supplies and dual
gigabit Ethernet LAN ports, with

10 YEARS OF SERIAL CONSOLE EXPERIENCE BUILT INTO AN BRI el
INNOVATIVE NEW PLATFORM m 4 8, 16,32and 48 port 1U secure

appliances (optional telephone

®=  Flash memory, up to 8 GB, for
storage and logging

For over ten years, thousands of customers have relied on the first generation modem)

Dominion SX for access and control of hundreds of thousands of serial devices, = Supports 10 connections per
representing over 500 million hours of total operation. The SX Il builds upon that port and up to 200 simultaneous
experience with a wide range of advancements and innovations. Starting with a sessions

powerful hardware platform providing performance, reliability and security, the SXlI

includes virtually all the Serial-over-IP features of its predecessor, plus exciting new JAVA-FREE SERIAL-OVER-IP ACCESS TO
capabiities. ENHANCE YOUR PRODUCTIVITY

Complete CLI access and control

THE ULTIMATE IN PERFORMANCE, RELIABILITY, SECURITY, _
MANAGEABILITY AND PRODUCTIVITY via SSH, Telnet and GUI

®=  Web browser access via new
With the new, Java-free Dominion SX II, you can productively access, monitor and HTML Serial Client (HSC) and

control a wide range of serial devices - networking switches/routers/firewalls, CommandCenter
servers, power equipment, telecommunications gear and virtually any device with a
serial port.

m  Convenient Direct Port Access
methods via SSH, Telnet & HTTP

m  At-the-rack access via: (1) Serial

With Raritan’s CommandCenter, organizations can manage hundreds or even
console, (2] Laptop/USB or (3}

thousands of serial devices, spread across multiple locations, including branch

offices. The new SX Il incorporates over ten years of serial experience in a powerful, KVM Console
next-generation platform that is easy to install, convenient to use and a snap to ®  Emergency access via optional
manage. Choose the SX Il for the ultimate in performance, reliability, security, bulit-in telephone modem or

manageability and productivity. external cellular 3G/4G modem



MULTIPLE FORMS OF SERIAL-OVER-IP ACCESS
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EASY TO MANAGE VIA COMPREHENSIVE SERIAL MILITARY-GRADE
CLI, WEB AND RARITAN’S DEVICE ACCESS TO A WIDE SECURITY FEATURES
COMMANDCENTER RANGE OF EQUIPMENT

A WIDE VARIETY OF SERIAL DEVICES

Java-free user interface

Full CLI-based configura-
tion and management

Two script-based
automatic configuration
methods via USB drive &
TFTP server

Raritan Dominion-
compatible management
features for firmware
updates, backups, etc.

Access & manage
thousands of serial
devices via Raritan’s
CommandCenter Central-
ized Management product

Automatic DTE/DCE
Serial Port Detection
Direct connect to Cisco
devices without rollover
cables!

Flexible Serial Port
Options - BPS, parity, flow
control, stop bits

1,200 to 230,400 baud
serial connections
Remote power control
of Raritan PDU’s with
power control menu]

Port Logging & Triggers
for serial sessions

Certified FIPS 140-2
encryption module

Strong 256 Bit AES
encryption

Dual-stack IPv4 & IPvé
networking

External authentication
with LDAP, Radius, RSA,
SecurlD, TACACS &
Active Directory

Enhance security with
the SX II's Java-Free User
Interface

Fully configurable
“iptables” firewall support

Multiple logging methods:
SNMP, Syslog, Email,
NFS, internal



EXCITING NEW FEATURES AND INNOVATIONS

The SX Il new features include: Java-free user interface, military grade security
features (256-bit AES and FIPS 140-2 certified encryption), automatic DTE/DCE
serial port detection, innovative at-the-rack access options, cellular modem
support, IPvé networking, and two script based auto-configuration methods.

FULL CLI-BASED CONFIGURATION
AND AUTO-CONFIGURATION

The SX Il offers complete CLI access and management via SSH, Telnet
and web-browser, with convenient direct port access methods.

Two script-based automatic configuration methods (TFTP server and
USB stick) are available for fast installation and configuration changes.
Automatic port naming based on hostname.

AUTOMATIC DTE/DCE SERIAL PORT DETECTION

For fast installations, the SX Il supports straight Catd connections to
Cisco and other compatible RJ-45 devices, without rollover cables.
The SX Il can also directly replace the first generation SX with
compatible serial device connections.

INNOVATIVE AT-THE-RACK ACCESS

With the Dominion SX II, you get multiple types of local access
at-the-rack. This includes: (1) Traditional RJ45 serial port, (2)
Mini-USB port for laptop connection, and a (3) DVI & USB-based
KVM console for connection to a rackmount keyboard tray,

or even a KVM switch.




SPECIFICATIONS

Form Factor 1U, rack mountable
Power 100/240VAC auto-switching: 50-60 Hz, .35A, 36-72VDC auto-switching
Max Power Consumption 4-Port SX: 21W | 8-port SX: 21W | 16-port SX: 22W | 32-port SX: 23W | 48-port SX: 25W

ENVIRONMENTAL REQUIREMENTS

Temperatures Operating: 0°C - 50°C. Non-Operating: 0°C - 55°C

Humidity Operating: 20% - 85%. Non-Operating: 10% - 90%

Altitude Operates properly at any altitude from 0 to 2,000 meters

Approvals CE, FCC Part 15 Class A, US UL

REMOTE CONNECTION

Network Dual 10/100/1000 Gigabit Ethernet (RJ-45)

Protocols TCP/IP, PPP, PAP, HTTP, HTTPS, SSL, SSH, TACACS+, LDAP(S), RADIUS, SNMP. IPv4 & IPv6. Automatic fail-over or independent LAN ports
Warranty Two Years. In addition, Raritan offers two years extended warranty.

MODELS DESCRIPTION

DSX2-4 / DSX2-4M 4-port serial console server with dual-power AC and dual gigabit LAN. Serial, USB and KVM local console ports. 19" rack mount kit. (M in model = internal telephone modem)
DSX2-8 / DSX2-8M 8-port serial console server with dual-power AC and dual gigabit LAN. Serial, USB and KVM local console ports. 19" rack mount kit. (M in model = internal telephone modem)
DSX2-8M-DC 8-port serial console server with dual-power DC and dual gigabit LAN. Serial, USB and KVM local console ports. 19" rack mount kit. Internal telephone modem

DSX2-16 / DSX2-16M 16-port serial console server with dual-power AC and dual gigabit LAN. Serial, USB and KVM local console ports. 19" rack mount kit. (M in model = internal telephone modem)
DSX2-32 / DSX2-32M 32-port serial console server with dual-power AC and dual gigabit LAN. Serial, USB and KVM local console ports. 19" rack mount kit. (M in model = internal telephone modem)
DSX2-32M-DC 32-port serial console server with dual-power DC, dual gigabit LAN. Serial, USB and KVM local console ports. 19" rack mount kit. Internal telephone modem.

DSX2-48 / DSX2-48M 48-port serial console server with dual-power AC and dual gigabit LAN. Serial, USB and KVM local console ports. 19" rack mount kit. (M in model = internal telephone modem)

DSX2-48M-DC 48-port serial console server with dual-power DC, dual gigabit LAN. Serial, USB and KVM local console ports. 19" rack mount kit. Internal telephone modem.
SERIAL ADAPTERS ADAPTERS FOR RARITAN PDUS
ASCSDB9F RJ-45(F) TO DBY(F) serial adapter CSCSPCS-1 1" Cat5e RJ-45(M) to RJ-45(F) adapter to connect Dominion SX Il to Raritan PX or RPC
rack PDUs
ASCSDBYM RJ-45(F) TO DB9(M) serial adapter
CSCSPCS-1-5PK Package of 5 CSCSPCS-1 rack pdu adapters
ASCSDB25F RJ-45(F) TO DB25(F) serial adapter
CSCSPCS-10 10’ Cat5e RJ-45(M) to RJ-45(M] cable to connect Dominion SX Il to Raritan PX or RPC
ASCSDB25M RJ-45(F) TO DB25(M) serial adapter rack PDUs

USB Admin (for laptop)

Telephone (M models)
RJ-45 Serial Admin ] I Dual Gigabit LAN

TERMINAL
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Dual AC Power DVI-D Video USB RJ-45 Serial Ports
100-240 Volts Reset (Keyboard, Mouse, DSX2-32 Model Shown (AC Power)
(Dual DC Available) Cell Modem) (4,8, 16,32 & 48 port models)

(-M models have internal modem)

ENDORSER OF THE EU CODE OF CONDUCT ON DATA CENTRE ENERGY EFFICIENCY

Formulated by the EU’s Joint Research Centre, the Code is a measured response to the energy challenges the EU faces.
It's aim is to encourage companies with data centers to reduce energy consumption while ensuring business objectives
continue to be met.

CODE OF
CONDUCT

DATA CENTRES

As an endorser, Raritan have pledged to implement the Code’s ethos through devising products and services that help

organizations to bring their data centers into line with its best practice recommendations.

Visit www.raritan.eu or call +31 (0)10 284 4040
to learn more about Dominion SX II.
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